INFORMACUA PAR PRODUKTU

GALEA STAINLESS

5080PJM100P30-10
EAN 4031582395518

Attéls var atskirties no originala produkta

TENTE

BETTER MOBILITY. BETTER LIFE.

KRONSTEINIS
Majokla materials Poliamids
Daksas forma Slégts

Grozamais gultnis

Divu bumbu sacikstes,
pastiprinata, vai nertiséjosa

Ofsets 40 mm
Pagrieziena radiuss 90 mm
Grozams savienojums 180 mm
Kupola diametrs 59 mm
RITENIS

Korpusa materials Polipropiléns

Protektora materials

Termoplastiskas gumija

Gultnis

Cuscinetto piano, Inossidabile

IzpleSanas armatdra

Ar vitnu aizsargu

_ Diametrs 100 mm

VEIKTSPEJA

Protektora platums 30 mm
Rulla veiktspéja 0000

Protektora cietiba (A) 87 Krasts A
Kustibas troksnis 0000
Nodilums 00000

UZSTADISANA
Korozijas izturigs 0000

Uzstadisanas veids

Avere zem skrives

_ Skraves atveres diametrs 10 mm
PAMATA ATRIBUTI
Produkta nosaukums Galea stainless
Korpusa tips Grozamais atbalsta ritenis
Standarta EN12530 - lericu atbalsta riteni
Kravnesiba pie 3 km/h 100 kg
Elektrovaditspéjiga Né
Nertséjosais Ja
Statiska kravnesiba 200 kg
Temperatlras diapazons -20°C
(minimalais)
Temperatlras diapazons 60 °C
(maksimalais)
Kopé€jais augstums 139 mm
Kopéjais platums 66 mm
Kopéjais svars 0,42 kg
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