INFORMACUA PAR PRODUKTU

FOOTMASTER

FOOT MASTER GAGD-150-ASF-HUD

EAN 4031582496574

Attéls var atskirties no originala produkta

VEIKTSPEJA

Rulla veiktspéja O000O0
Kustibas troksnis 00000
Nodilums 00000
Korozijas izturigs O0O0OO0O0
PAMATA ATRIBUTI

Produkta nosaukums Footmaster

Korpusa tips

Grozamais atbalsta ritenis

Kravnesiba pie 3 km/h 630 kg
Elektrovaditspéjiga Né
Neriséjosais Né
Temperatlras diapazons -10°C
(minimalais)

Temperatdras diapazons 90 °C
(maksimalais)

Kopé€jais augstums 200 mm
Kopéjais platums 141 mm
Kopéjais svars 13,95 kg
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TENTE

BETTER MOBILITY. BETTER LIFE.

KRONSTEINIS

Ofsets 35 mm
Pagrieziena radiuss 115 mm
Grozams savienojums 230 mm
Kupola diametrs 130 mm

RITENIS

Galtnis Mozzo non lavorato
Diametrs 150 mm
Protektora platums 40 mm
Korpusa platums 40 mm
UZSTADISANA

Plaksnes garums 145 mm
Plaksnes platums 145 mm
Plaksnes atveres garums 120 mm
(maksimalais)

Plaksnes atveres platums 120 mm
(maksimalais)

Plaksnes atveres diametrs 11 mm
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Pasutijuma numurs 00800208
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