PRODUCT INFORMATION

GALEA

5077PJH125R05-22x40
EAN 4031582368420
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PERFORMANCE

Roll Performance 0000
Movement noise 0000
Attrition 0000
Corrosion resistance 00000
CORE ATTRIBUTES

Product name Galea

Type Swivel caster with total lock
Standard EN12530 - Devices Castors
Load capacity at 1.8 mph 220.46 Ib

Electric conductive no

Stainless no

Load capacity Static 440.92 b

Temperature range (Minimum) -4 °F

Temperature range (Maximum) 140 °F

Overall height 6.38in

Overall weight 1311b
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TENTE

BETTER MOBILITY. BETTER LIFE.

HOUSING
Housing Material Polyamide
Fork shape Closed

Swivel bearing

Two ball races

Offset 1.57in

Swivel interference 8.07 in
WHEEL

Body material Polypropylene

Tread material

Thermoplastic rubber

Bearing Plain bearing
Threadguards With threadguard
Diameter 4.92in

Tread width 1.18in

Hardness of tread (A) 87 Shore A

FITTING
Fitting type Solid stem, round
Bolt diameter 0.87 in
Bolt length 1.57in
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