INFORMACUA PAR PRODUKTU

NOVATECH TENTE

ITP 200x50-@25 HL60 cv

EAN 4031582330564

BETTER MOBILITY. BETTER LIFE.

RITENIS
Tread profile izliekts
Korpusa materials Aluminijs
Protektora materials Poliuretans, liets
Galtnis Cuscinetti a sfere di precisione
Ritenis krasa Medus dzeltens (RAL1005)
IzpleSanas armatdra Bez vitnu aizsarga
Diametrs 200 mm
Protektora platums 50 mm
Ass atveres diametrs 25 mm
Rumbas garums 60 mm
Korpusa platums 50 mm
Protektora cietiba (A) 92 Krasts A
AttBls var atikirties no originala produkta Protektora cietiba (D) 42 Krasts D

VEIKTSPEJA

Rulla veiktspéja 00000
Kustibas troksnis 0000
Nodilums 00000
Korozijas izturigs 0000

PAMATA ATRIBUTI

Produkta nosaukums Novatech
Korpusa tips Ritenis
Standarta EN12532 - Transporta aprikojums
Kravnesiba pie 4 km/h 800 kg
Kravnesiba pie 6 km/h 640 kg
Elektrovaditspéjiga Né
Neriséjosais Né
Statiska kravnesiba 1600 kg
Temperatlras diapazons -10°C
(minimalais)

Temperatlras diapazons 60 °C

(maksimalais)

Kopéjais svars 1,08 kg
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INFORMACUA PAR PRODUKTU

NOVATECH TENTE

ITP 200x50-@25 HL60 cv
BETTER MOBILITY. BETTER LIFE.
EAN 4031582330564

Pasutijuma numurs 00839137
Produkta raséjumi

90 mm @ 25 mm

60 mm @ 200 mm
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