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PERFORMANCE

Roll performance ● ● ○ ○ ○

Movement noise ● ● ● ● ●

Attrition ● ● ● ○ ○

Corrosion resistance ● ● ● ○ ○

CORE ATTRIBUTES

Product name Elastech

Standard EN12532 - Transport Equipment

Load capacity at 2.5 mph 1102.31 lb

Load capacity at 3.7 mph 881.85 lb

Load capacity Static 2204.62 lb

Temperature range (Minimum) -4 °F

Temperature range (Maximum) 185 °F

Overall weight 5.16 lb

WHEEL

Body material Aluminum

Tread material Elastic tire, black, vulcanized

Bearing Precision ball bearing

Wheel color Jet black (similar RAL9005)

Threadguards Without threadguard

Diameter 9.84 in

Tread width 1.97 in

Axle hole diameter 0.98 in

Hub length 2.36 in

Body width 1.97 in

Hardness of tread (A) 68 Shore A
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