INFORMACUA PAR PRODUKTU

STYLEA

5920U0I055L51-8
EAN 4031582406382

Attéls var atskirties no originala produkta

VEIKTSPEJA

Rulla veiktspéja 0000
Kustibas troksnis 0000
Nodilums 0000
Korozijas izturigs 00000
PAMATA ATRIBUTI

Produkta nosaukums Stylea

Korpusa tips

Grozamais atbalsta ritenis

Standarta EN12528 - Mebelu atbalsta riteni
Kravnesiba pie 3 km/h 40 kg
Elektrovaditspéjiga Né
Nertséjosais Né
Statiska kravnesiba 80 kg
Temperatlras diapazons -10°C
(minimalais)

Temperatlras diapazons 40 °C
(maksimalais)

Kopé€jais augstums 57 mm
Kopéjais platums 37 mm
Kopéjais svars 0,65 kg
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KRONSTEINIS

TENTE

BETTER MOBILITY. BETTER LIFE.

Majokla materials

Poliamids

Daksas forma

Dubulta ritena kronsteinis

Grozamais gultnis

Grozams stienis

Pagrieziena radiuss 47 mm
Grozams savienojums 94 mm
Kupola diametrs 18 mm
RITENIS

Korpusa materials Poliamids

Protektora materials

Identisks ar ritena korpusu

Galtnis

Cuscinetto piano con distanziale

Ass

Kniedéts

IzpleSanas armatdra

Bez vitnu aizsarga

Diametrs

55 mm

Protektora platums

11 mm

UZSTADISANA

Uzstadisanas veids

Akla atvere B10 uzstadisanai

Skraves atveres diametrs

8 mm
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